
Il dissipatore di rifiuti alimentari Modello 56 è il nostro modello medio della serie M.  
La praticità in cucina è garantita dalla tecnologia di triturazione a uno stadio, dal motore 
da 0,55 hp, dalla garanzia di 3 anni e molto altro ancora.

Dissipatore di rifiuti alimentari Modello 56 

Silenzioso Tappo in 
plastica

Sistema di 
montaggio 

Quick-LockTM 

Potente motore 
a induzione

Interruttore 
pneumatico 
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Model 46
Food Waste
Disposer

The Model 46 Food Waste Disposer is our entry level M-Series option. Kitchen
convenience is guaranteed with the 1-stage grind technology, .55 hp motor, 2 year
warranty and much more
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The Model 56 Food Waste Disposer is our mid-range M-Series option. Kitchen convenience
is guaranteed with the 1-stage grind technology, .55 hp motor, 3 year warranty and much
more.

Model 56 Food Waste Disposer

Features
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The Model 56 Food Waste Disposer is our mid-range M-Series option. Kitchen convenience
is guaranteed with the 1-stage grind technology, .55 hp motor, 3 year warranty and much
more.
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Caratteristiche del prodotto

SCHEDA TECNICA  
DEL PRODOTTO



 Alimentazione continua

 Interruttore pneumatico 
incluso

 Motore monofase

 Cuscinetti superiori 
ed inferiori a 
lubrificazione 
permanente

 Peso di spedizione 
(circa): 8,6 kg

 Altezza complessiva: 
318 mm

 Sistema di dissipazione 
a 1 stadio

 Capacità della camera 
di triturazione: 980 ml

 Protezione del motore: 
ripristino sovraccarico
manuale

 Consumo medio di 
acqua: circa 4 litri a 
persona/giorno

 Connessione allo 
scarico a muro:  
Ø 40 mm

 Consumo medio di 
energia 3-4 KWH 
all’anno

 Raccordo di scarico per 
lavastoviglie

 Solo per lavelli con 
scarico da 3 1/2”

Dissipatore di 
rifiuti alimentari 
Modello 56

220-240V, 50 Hz .55 1425 380 W
InSinkErator
Suite 10, Building 6 
Hatters Lane 
Croxley Green Business Park 
Watford, Herts WD18 8YH 
United Kingdom 

Sales tel: 01923 297 880   
Service tel: 0800 389 3715 
www.insinkeratorsc.co.uk 

InSinkErator
Emerson Electric Co.
4700 21st Street 
Racine, WI 53406-5093 USA

Sales/Service tel: +1 262-554-5432
www.insinkerator.com/worldmap.html

Specifications

Dimensions (mm)

Continuous Feed

Built-in Air Switch

Single Phase Motor

Time Rating: Intermittent

Permanently Lubricated
Upper & Lower Bearings

Shipping Weight
(Approx): 8.1 kg

Overall Height: 318mm

1-Stage Grind
Technology

Grind Chamber
Capacity: 980ml

Motor Protection: Manual
Reset Overload

Average Water Usage:
Approximately 4.0 L per
Person Per Day

Drain Connection: 1-1/2”
(3.81cm)

Average Electrical
Usage: 3-4 KWH per
Annum

Dishwasher Drain
Connection

Dimensions (mm)

168

131

64

173

318
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Volts/Hz HP RPM Average Load

120V, 60Hz

220-240V, 50 Hz

220-240V, 60 Hz

.55

.55

.55

1725

1425

1725

7.1 A

380 W

380 W

Specifiche  
tecniche 

Dimensioni (mm)
SCHEDA TECNICA 
DEL PRODOTTO 

info@insinkeratoritaly.it
www.insinkerator.it 

Assistenza tecnica:
Numero Verde: 800.43.00.78  
(gratuito da rete fissa – lun.-ven. – 9:00-16:00)
service@insinkeratoritaly.it

Assorbimento medioRPMHPVolt/Hz

InSinkErator  
Emerson Electric Co. 
4700 21st Street  
Racine, WI 53406-5093 USA
Sales/Service tel: +1 262-554-5432


